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UL file NO.: E239394

HEHO50PA series

Dimension drawing

NOTE :
(1) CASE MATERIAL : PLASTIC UL94 VO

(2) Dimensional tolerance : + 1.0mm
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Features Model Number
Main feature Unit

@ Quick heating HEHO50PA

4 Constant Air Flow Outline dimension mm [150 H x 145 W x 45 D
4 Compact design Weight kg 05+0.1

@ High efficiency and reliable fan Heating Capacity w 500 +10%

4 Easy installation Rated voltage Vde 48 (typ.)

Operating voltage range Vdc 40-56
Inrush current A 18

* Specifications are subject to change without notice.
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